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FUSE FUNCTION

SMALL BREAKDOWN

DISCONNECT FAILED CELL

Panasonic original 
IN-HOUSE 

metallization process

Safety mechanism

For more information please visit: industry.panasonic.eu

Function Interference Suppression (Safety class X2) Power Factor Correction / Smoothing
Dielectric Film Metallized Polypropylene Film Metallized Polypropylene Film

Series ECQUA ECWFG
Rated Voltage 275 VAC 630 VDC

Capacitance Range 0.1μF to 4.7μF 1μF, 1.5μF, 2,2μF, 3μF, 4.7μF

Capacitance Tol. ±10%, ±20% ±5%, ±10%

Category Temperature -40°C to 110°C -40°C to 110°C
 125°C max (for limited time)

Failure Mode Open Circuit Open Circuit

Moisture Resistance 85°C / 85% RH / 240VAC / 1,000h 85°C / 85% RH / 500VDC / 1,000h

Thermal Shock Resistance -40°C  85°C 1,000 cycle -40°C  85°C 1,000 cycle

Function & Feature

Patterned metallization with fuse function


